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TYPICAL CIRCUIT BREAKER TRIP CURVE

Multiples of rated current
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Multiples of rated current

Thermal-magnetic time/current characteristics curve (TYPE standard)

nVentcom | 1



North America Europe, Middle East, Africa Asia Pacific Latin America

Tel +1.800.545.6258 Tel +32.16.213.511 Tel +86.21.2412.1688 Tel +1.713.868.4800
Fax +1.800.527.5703 Fax +32.16.213.604 Fax +86.21.5426.3167 Fax +1.713.868.2333
thermal.info@nvent.com thermal.info@nvent.com cn.thermal.info@nvent.com thermal.info@nvent.com

Our powerful portfolio of brands:

nventcom CADDY ERICO HOFFMAN RAYCHEM SCHROFF TRACER




