
Addendum

JBM-100-D-E    
JBS-100-D-E   



ADDENDUM to 

RAYCHEM-IM-INSTALL038-JBM100X

Installation: 
JBM-100-D-E junction box may only be installed in one position 
and this is hanging on the pipe with the drain plug on the  
lowest part. 

JBM-100-D-E

1180

JBM-100-D-E
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Do not open while energized.

Nicht unter Spannung öffnen.

Ne pas ouvrir sous tension.
T* For maximum surface temperature, 

 see heating cable, design  
 

 documentation or schedule.

BTV Baseefa 06ATEX0183X

 

PTB 09 ATEX 1115 X

 

IECEx BAS06.0043X

 

IECEx PTB 09.0056X
      II 2 GD Ex e II T6

Ex tD A21 IP66 T80°C 

1Ex e II C T6 Gb X

Ex td A21 IP66 T80°C

QTVR Baseefa 06ATEX0185X

 

PTB 09 ATEX 1116 X

 

IECEx BAS06.0045X

 

IECEx PTB 09.0057X
      II 2 GD Ex e II T4

Ex tD A21 IP66 T130°C 

1Ex e II C T4 Gb X   

Ex td A21 IP66 T130°C 

KTV Baseefa 06ATEX0186X

 

PTB 09 ATEX 1117 X

 

IECEx BAS06.0046X

 

IECEx PTB 09.0058X
      II 2 GD Ex e II 226°C (T2)

Ex tD A21 IP66 T226°C 

1Ex e II C T2 (226°) Gb X  

Ex td A21 IP66 T226°C

XTV Baseefa 06ATEX0184X

 

PTB 09 ATEX 1118 X

 

IECEx BAS06.0044X

 

IECEx PTB 09.0059X
      II 2 GD Ex e II T*C

Ex tD A21 IP66 T*C 

1Exe II C T3 (195°C)/T2(250°C) Gb X

Ex td A21 IP66 T195°C, T250°C

 

VPL 
Baseefa 06ATEX0188X

 

IECEx BAS06.0048X
      II 2 GD Ex e II T*C

Ex tD A21 IP66 T*C 1Ex 

e II C T Gb X  
Ex td A21 IP66 T

PTB 09 ATEX 1056 U
IECEx PTB 09.0027U

Ta –50°C … +56°C
II 2G Ex e (e mb) II             

II 2D Ex tD (tD mbD) A21 IP66

Ex e (e mb) II             

Ex tD (tD mbD) A21 IP66

PN 1244-021056     

Approvals: 
PTB 20 ATEX 1008U and IECEx PTB 20.0014U remain valid 
without change. JBM-100-D-E junction boxes are not supported 
by EAC nor CSA approval.

Related to Products
JBM-100-D-E with PN 1244-021056 
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ADDENDUM to 

RAYCHEM-IM-INSTALL032-JBS100

Installation: 
JBS-100-D-E junction box may only be installed in one position 
and this is hanging on the pipe with the drain plug on the  
lowest part. 

JBS-100-D-E

1180

JBS-100-D-E
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Do not open while energized.

Nicht unter Spannung öffnen.

Ne pas ouvrir sous tension.

BTV Baseefa 06ATEX0183X

 

PTB 09 ATEX 1115 X

 

IECEx BAS06.0043X

 

IECEx PTB 09.0056X
      II 2 GD Ex e II T6

Ex tD A21 IP66 T80°C 

1Ex e II C T6 Gb X 

Ex td A21 IP66 T80°C 

QTVR Baseefa 06ATEX0185X

 

PTB 09 ATEX 1116 X

 

IECEx BAS06.0045X

 

IECEx PTB 09.0057X
      II 2 GD Ex e II T4

Ex tD A21 IP66 T130°C 

1Ex e II C T4 Gb X  

Ex td A21 IP66 T130°C 

KTV Baseefa 06ATEX0186X

 

PTB 09 ATEX 1117 X

 

IECEx BAS06.0046X

 

IECEx PTB 09.0058X
      II 2 GD Ex e II 226°C (T2)

Ex tD A21 IP66 T226°C 

1Ex e II C T2 (226°) Gb X 

Ex td A21 IP66 T226°C 

XTV Baseefa 06ATEX0184X

 

PTB 09 ATEX 1118 X

 

IECEx BAS06.0044X

 

IECEx PTB 09.0059X
      II 2 GD Ex e II T*C

Ex tD A21 IP66 T*C 

1Exe II C T3 (195°C)/T2(250°C) Gb X

Ex td A21 IP66 T195°C, T250°C

 

VPL 
Baseefa 06ATEX0188X

 

IECEx BAS06.0048X
      II 2 GD Ex e II T*C

Ex tD A21 IP66 T*C 1Ex 

e II C T Gb X  
Ex td A21 IP66 T

PN 1244-021057     

PTB 09 ATEX 1059 U
IECEx PTB 09.0037U

Ta –50°C … +56°C
II 2G Ex e (e mb) II             

II 2D Ex tD (tD mbD) A21 IP66

Ex e (e mb) II             

Ex tD (tD mbD) A21 IP66

Approvals: 
PTB 20 ATEX 1008U and IECEx PTB 20.0014U remain valid 
without change. JBS-100-D-E junction boxes are not supported 
by EAC nor CSA approvals.

Related to Products
JBS-100-D-E with PN 1244-021057  
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North America
Tel +1.800.545.6258
Fax +1.800.527.5703
thermal.info@nVent.com
België / Belgique
Tel +32 16 21 35 02
Fax +32 16 21 36 04
salesbelux@nVent.com
Bulgaria
Tel +359 5686 6886
Fax +359 5686 6886
salesee@nVent.com
Česká Republika
Tel +420 602 232 969
czechinfo@nVent.com
Danmark
Tel +45 70 11 04 00
Fax salesdk@nVent.com
salesdk@nVent.com
Deutschland
Tel 0800 1818205
Fax 0800 1818204
salesde@nVent.com
España
Tel +34 911 59 30 60
Fax +34 900 98 32 64
ntm-sales-es@nVent.com
France
Tél 0800 906045
Fax 0800 906003
salesfr@nVent.com
Hrvatska
Tel +385 1 605 01 88
Fax +385 1 605 01 88 
salesee@nVent.com 
Italia
Tel +39 02 577 61 51
Fax +39 02 577 61 55 28
salesit@nVent.com
Lietuva/Latvija/Eesti
Tel +370 5 2136633
Fax +370 5 2330084
info.baltic@nVent.com
Magyarország
Tel +36 1 253 7617
Fax +36 1 253 7618
saleshu@nVent.com

Nederland
Tel 0800 0224978
Fax 0800 0224993
salesnl@nVent.com
Norge
Tel +47 66 81 79 90
salesno@nVent.com
Österreich
Tel +0800 29 74 10
Fax +0800 29 74 09
salesat@nVent.com
Polska
Tel +48 22 331 29 50
Fax +48 22 331 29 51
salespl@nVent.com
Republic of Kazakhstan
Tel +7 7122 32 09 68
Fax +7 7122 32 55 54
saleskz@nVent.com
Россия
Тел	 +7	495	926	18	85
Факс	 +7	495	926	18	86
salesru@nVent.com
Serbia and Montenegro
Tel +381 230 401 770
Fax +381 230 401 770
salesee@nVent.com
Schweiz / Suisse
Tel +41 (41) 766 30 80
Fax +41 (41) 766 30 81
infoBaar@nVent.com
Suomi
Puh 0800 11 67 99
salesfi@nVent.com
Sverige
Tel +46 31 335 58 00
salesse@nVent.com
Türkiye
Tel +90 560 977 6467
Fax +32 16 21 36 04
salesee@nVent.com
United Kingdom
Tel 0800 969 013
Fax 0800 968 624
salesthermaluk@nVent.com
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